











Minimized outline drawings & reflow soldering footprints Minimized outline drawings & reflow soldering footprints

Multi-Pin SMD Packages
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Glass diodes
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Number Number | Number Number | Number Number | Number Number | Number Number Number Number | Number Number | Number Number | Number Number | Number Number
1N4148 12 BAS16H 13 BAT17 9 BAWS56 12 BCM847BV 30 BF820 29 BST60 29 BZX84-y4V3 11 IP4221CZ6-S 48 IP4772 CZ16

1N4531 12 BAS16J 13 BAT54 4 BAW56M 13 BCM847DS 30 BF820W 29 BST61 29 BZX84-y4V7 11 IP4221CZ6-XS 48 |P4773CZ14 51
1N47xxA series 10 BAS16L 13 BAT54A 4  BAWS56S 13 BCM856BS 30 BF821 29 BST62 29 BZX84-y51 11 1P4224CZ6 51 IP4774CZ14 51
1PS10SB82 9 BAS16T 13 BAT54AW 5 BAWS56T 13 BCMB856DS 30 BF822 29 BST82 25 BZX84-y56 11 IP4225CZ10 48  |P4776CZ38 52
1PS66SB17 9 BAS16W 13 BAT54C 4 BAWS56W 13 BCMB857BS 30 BF823 29 BSV52 28 BZX84-y5V1 11 IP4233CZ6 51 IP4777CZ38 52
1PS66SB82 9 BAS16VY 13 BAT54CM 5 BC807/-16/-25/-40 27 BCMB857BV 30 BF824 31 BZA100 20 BZX84-y5V6 11 1P4242CZ6 48 |P4778CZ38 52
1PS70SB20 7 BAS16W 13 BAT54CV 5 BC807DS 28 BCMB857DS 30 BF824W 31 BZA408B 20 BZX84-y62 11 IP4251CZ12-6 49  |P4779CZ64 52
1PS70SB82 9 BAS21 14  BAT54CW 5 BCBO7W/-16W/-25W/-40W 27 BCP51/-10/-16 43 BF840 31 BZA418A 20 BZX84-y68 11 1P4251CZ16-8 49 IP4790CZ38 51
1PS70SB84 9 BAS21AW 14  BAT54H 5 BC817/-16/-25/-40 27 BCP52/-10/-16 43 BFS19 31 BZA420A 20 BZX84-y6V2 11 IP4251CZ8-4 49  |P4852CX25/LF 47
1PS70SB85 9 BAS21H 14 BAT54J 5 BC817DPN 28 BCP53/-10/-16 43 BFS20 31 BZA456A 20 BZX84-y6V8 11 1P4252CZ12-6 49  IP4853CX24/LF 47
1PS70SB86 9 BAS21J 14  BAT54L 5 BC817DS 28 BCP54/-10/-16 43 BFS20W 31  BZA462A 20 BZX84-y75 11 1P4252CZ16-8 49  IP5002CX8/LF 46
1PS74SB23 6 BAS21SW 14 BAT54S 4 BCB17W/-16W/-25W/-40W 27 BCP55/-10/-16 43 BSH103 23 BZA820A 20 BZX84-y7V5 11 |P4252CZ8-4 49  IP5006CX11/LF 46
1PS75SB45 5 BAS21VD 14 BAT54SW 5 BC846/A/B 27 BCP56/-10/-16 43 BSH105 23 BZA856A 20 BZX84-y8V2 11 IP4253CZ12-6 49  IP5020CX16/LF 46
1PS76SB1 5 BAS21W 14 BAT54W 5 BCB846S 28 BCP68/-25 43 BSH108 23 BZA856AL 20 BZX84-y9V1 11 IP4253CZ16-8 49  IP5040CX11/LF 46
1PS76SB17 9 BAS28 13 BAT54W 5 BC846T/AT/BT 27 BCP69/-16/-25 43 BSH201 25 BZA862A 20 BZX884 series 10 1P4253CZ8-4 49 IP5311CX5/LF 46
1PS76SB21 5 BAS29 15  BAT54XY 5 BC846W /AW /BW 27 BCV26 29 BSH202 25 BZAB862AL 20 IP3219CZ6 48 |P4254CZ12-6 49  MEG3020CEP 6
1PS76SB4 5 BAS31 15 BAT720 6 BC847/A/B/C 27 BCV27 29 BSH203 25 BZA868A 20 IP3337CX18/LF 49  1P4254CZ16-8 49 MEG3020DEP 6
1PS76SB7 5 BAS31 13 BAT721 4 BC847AM/BM/CM 27 BCvV28 29 BSH205 25 BZAB868AL 20 IP3337CX18/LF 50 IP4254CZ8-4 49  MMBT2222A 28
1PS79SB10 5 BAS321 14  BAT721A 4 BCB847BPN 28 BCV29 29 BSH207 25 BZA956A 20 IP3338CX24/LF 50 IP4256CZ3-M 48 MMBT3904 28
1PS79SB17 9 BAS32L 12 BAT721C 4 BCB847BS 28 BCV46 29 BSN20 23 BZA962A 20 IP3338CX24/LF 50 IP4256CZ5-W 48  MMBT3906 28
1PS79SB30 5 BAS35 15 BAT721S 4 BCB847BV 28 BCV47 29 BSP030 23 BZA968A 20  IP4025CX20/LF 46 1P4256CZ6-F 48 MMBZ10VAL 21
1PS79SB31 5 BAS40 4 BAT74 5 BCB847BVN 28 BCV48 29 BSP100 23 BZB100A 10 IP4027CX20/LF 46 1P4263CZ14 51 MMBZ12VAL 21
1PS79SB40 5 BAS40-04 4 BAT74S 5 BCB847T/AT/BT/CT 27 BCV49 29 BSP122 25 BZB784 series 10 IP4032CX25/LF 50 IP4264CZ8-20 46 MMBZ12VDL 21
1PS79SB70 5 BAS40-04W 5 BAT74V 5 BC847W/AW/BW/CW 27 BCV61/A/B/C 30 BSP126 25 BZB84 series 10  IP4033CX25/LF 50 IP4264CZ8-40 46 MMBZ15VAL 21
1PS88SB48 5 BAS40-05 4 BAT754 4 BC848B 27 BCV62/A/B/C 30 BSP130 25 BZB984 series 10  IP4035CX24/LF 50 IP4280CZ10 52  MMBZ15VDL 21
1PS88SB82 9 BAS40-05V 5 BAT754A 4 BCB848W 27 BCV63/B 31 BSP19 29 BZT52H series 10  IP4040CX25/LF 50 IP4281CZ10 52 MMBZ18VAL 21
2N7002 23  BAS40-05W 5 BAT754C 4 BC849B 29 BCVé64B 31 BSP220 25 BZVA49 series 10  IP4041CX25/LF/S 50 1P4282Cz6 52 MMBZ18VCL 21
2N7002E 23 BAS40-06 4 BAT754L 5 BC849BW 29 BCV65 (SOT143B) 26 BSP225 25 BZV55 series 10  IP4042CX5/LF 50 IP4283CZ10-TT 51 MMBZ20VAL 21
2N7002F 23 BAS40-06W 5 BAT754S 4  BCB849C 29 BCV71/72 27 BSP230 25 BZV85 series 10  IP4043CX5/LF 50 IP4285CZ6 51 MMBZ20VCL 21
2N7002K 23 BAS40-07 5 BAT760 7 BCB849CW 29 BCW29/30 27 BSP250 25 BZV90 series 10  IP4044CX8/LF 46 1P4285CZ6 52  MMBZ27VAL 21
2PA1576Q /R /S 27  BAS40-07V 5 BAT85 4 BC850B 29 BCWS31 27 BSP31 43 BZX100A 10 IP4047CXé/LF 46 IP4286CZ6 51 MMBZ27VCL 21
2PA1774Q/R/S 27 BAS40H 5 BAT854AW 5 BC850BW 29 BCW32 27 BSP32/33 43 BZX384 series 10  IP4048CX5/LF 46 1P4286CZ6 52  MMBZ33VAL 21
2PA1774QM / RM / SM 27  BAS40L 5 BAT854CW 5 BC850C 29 BCW33 27 BSP41 43 BZX585 series 10 IP4049CX5/LF 46 IP4302CX2/LF 50 MMBZ33VCL 21
2PB1219AQ/R/S 27  BAS40W 5 BAT854SW 5 BCB850CW 29 BCW&0B/C/D 27 BSP43 43 BZX79 series 10  IP4051CX11/LF 47  IP4303CX4/LF 50 MMBZ5V6AL 21
2PB709ARL 27  BAS40XY 5 BAT854W 5 BC856/A/B 27 BCW61B/C/D 27 BSP50 29 BZX84 series 10  IP4052CX20/LF 47 IPA305CX4/LF 50 MMBZ6V2AL 21
2PB709ART 27 BAS416 15 BAT86 4  BCB856S 28 BCW&9 /70 27 BSP51 29 BZX84J series 10  IP4053CX15/LF 49  IP4306CX2/LF 50 MMBZ6VSAL 21
2PB709ARW / SW 27 BAS45A 15  BAT960 7 BCB856T/AT/BT 27 BCW71 27 BSP52 29 BZX84-y10 11 IP4054CX15/LF 49  IP4307CX4/LF 48 MMBZ9V1AL 21
2PB709ASL 27 BAS45AL 15 BAV103 14 BC856W /AW /BW 27 BCW?72 27 BSP60 29 BZX84-y11 11 IP4055CXé6/LF 46 IP4332CX5/LF 50 NZX series 10
2PB710ARL 27 BAS516 13 BAV170 15 BC857/A/B/C 27 BCW89 27 BSP61 29 BZX84-y12 11 IP4056CX8/LF 47  |P4338CX24/LF 50 NZX10A 1
2PB710ASL 27 BAS521 14  BAV199 15 BC857AM/BM/CM 27 BCX17 27 BSP62 29 BZX84-y13 11 IP4057CX10/LF 47 IP4341CX25/LF 50 NzX10B 1
2PC4081Q/R/S 27 BAS56 15  BAV199W 15 BC857BS 28 BCX18 27 BSP89 25 BZX84-y15 11 |P4058CX8/LF 47  1P4342CX5/LF 50 NzX10C 1"
2PC4617Q /R 27 BAS70 4 BAV20 14 BCB857BV 28 BCX19 27 BSR14 28 BZX84-y16 11 IP4059CX5/LF 47  1P4343CX5/LF 50 NZX10D 1
2PC4617QM / RM 27 BAS70-04 4 BAV21 14 BC857T/AT/BT/CT 27 BCX51/-10/-16 43 BSR16 28 BZX84-y18 11 IP4060CX16/LF 47  1P4350CX24/LF 47 NZX11A 11
2PD1820A/R /S 27 BAS70-04W 5 BAV23 14 BC857W/AW/BW/CW 27 BCX52/-10/-16 43 BSR30/ 31 43 BZX84-y20 11 IP4064CX8/LF/S 46 IP4352CX24/LF 47 NzZX11B 11
2PD601ARL 27 BAS70-05 4  BAV23A 14 BCB858B 27 BCX53/-10/-16 43 BSR33 43 BZX84-y22 11 IP4065CX11/LF 47  IPA355CX6/LF 46 NZX11C 1"
2PD601ART 27  BAS70-05W 5 BAV23C 14 BC858W 27 BCX54/-10/-16 43 BSR41 43 BZX84-y24 11 IP4067CX9/LF 47  IPA358CX6/LF 47  NZX11D 1"
2PD601ARW / SW 27 BAS70-06 4 BAV23S 14 BCB859B 29 BCX55/-10/-16 43 BSR42 /43 43 BZX84-y27 11 IP4078CX6/LF 47  1P4359CX4/LF 47 NZX12A 1
2PD601ASL 27 BAS70-06W 5 BAV70 12 BC859BW 29 BCX56/-10/-16 43 BSS123 25 BZX84-y2v4 11 IP4085CX4/LF 48  IP4361CX4/LF 50 NzX12B 11
2PD602AQL 27 BAS70-07 5 BAV7OM 13 BC859C 29 BCX70G/H/J/K 27 BSS192 25 BZX84-y2Vv7 11 IP4088CX20/LF 49  1P4363CX10/LF 46 NzX12C 1"
2PD602ARL 27 BAS70-07S 5 BAV70S 13 BC859CW 29 BCX71H/J/K 27 BSS63 27 BZX84-y30 11 IP4110CX20/LF 46 IP4364CX8/LF 46 NZX12D 1
2PD602ASL 27  BAS70-07V 5 BAV70T 13 BCB860B 29 BF550 31 BSS63 29 BZX84-y33 11 IP4125CX20/LF 46 IP4365CX11 46 NzZX12X 1
4283CZ10-TB 52 BAS70H 5 BAV7OW 13 BC860BW 29 BF570 31 BSS64 27 BZX84-y36 11 IP4142CX5/LF 50 IP4365CX11 47  NZX13A 11
BAL74 12 BAS70L 5 BAV756S 13 BCB860C 29 BF620 29 BSS64 29 BZX84-y39 11 IP4153CX15/LF 49  IP4366CX8/LF 46 NZX13B 1"
BAL99 12 BAS70W 5 BAV99 12 BCB60CW 29 BF621 29 BSS84 25 BZX84-y3VO 11 IP4158CX8/LF 47  1P4385CX4/LF 48 NZX13C 1
BAS101 14 BAS70W 5 BAV99S 13  BCB868/-25 43  BF622 29 BSS87 25 BZX84-y3V3 11 1P4220CZ6 47  IP4386CX4/LF 48 NZX14A 1
BAS101S 14 BAS70XY 5 BAV9IW 13 BCB69/-16/-25 43 BF623 29 BST39 29 BZX84-y3V6 11 IP4220CZ6 48  IP4387CX4/LF 48 NZX14B 1
BAS116 15 BAS716 15  BAW101 14 BCMé1B 30 BF720 29 BST50 29 BZX84-y3V9 11 IP4220CZ6 51 IP4769CZ14 51 NzX14C 1"
BAS116H 15 BAS85 4  BAWI101S 14  BCMé2B 30 BF722 29 BST51 29 BZX84-y43 11 IP4221CZ6-S 46 IP4770 CZ16 51 NZX15A 1

BAS16 12 BAS86 4 BAWI156 15 BCMB847BS 30 BF723 29 BST52 29 BZX84-y47 11 IP4221CZ6-S 47 IP4771 CZ16 51  NzZX15B 11
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NZX15C 11 NZX5V1B 11 PBLS2002S 39  PBSS302NX 34 PBSS4120T 35 PBSS5220V 37 PBSS9410PA 37 PDTA143ET 32 PDTC123JE 32 PDTD123TT

NZX15X 11 NzZX5V1C 11 PBLS2003D 39 PBSS302NX 42 PBSS4130T 35 PBSS5230T 37 PDTA113EE 32 PDTA143EU 32 PDTC123JM 32 PDTD123YT 88
NZX16A 11 NzZX5V1D 11 PBLS2003S 39 PBSS302NZ 34 PBSS4140DPN 38 PBSS5230T 37 PDTA113EM 32 PDTA143TE 32 PDTC123JT 32 PDZ-B series 10
NZX16B 11 NZX5V6A 11 PBLS2004D 39 PBSS302NZ 42 PBSS4140T 35 PBSS5240T 37 PDTA113ET 32 PDTA143T™M 32 PDTC123JU 32 PEMB1 33
NZX16C 11 NZX5VéB 11 PBLS2021D 39 PBSS302PD 36 PBSS4140U 35 PBSS5240T 37 PDTA113EU 32 PDTA143TT 32 PDTC123TE 32 PEMB10 33
NZX18A 11 NZX5V6C 11 PBLS2022D 39 PBSS302PD 43 PBSS4140V 5 PBSS5240V 37 PDTA113ZE 32 PDTA143TU 32 PDTC123TM 32 PEMB11 33
NZX18B 11 NzZX5V6D 11 PBLS2023D 39 PBSS302PX 36 PBSS4160DPN 38 PBSS5240Y 37 PDTA113ZM 32 PDTA143XE 32 PDTC123TT 32 PEMB13 33
NZX18C 11 NZX5V6E 11 PBLS2024D 39  PBSS302PX 43 PBSS4160DS 38 PBSS5250T 37 PDTA113ZT 32 PDTA143XM 32 PDTC123TU 32 PEMB14 33
NZX20A 11 NZX6V2A 11 PBLS4001D 39 PBSS302PZ 36 PBSS4160T 35 PBSS5250T 37 PDTA113zZU 32 PDTA143XT 32 PDTC123YE 32 PEMBI15 33
NZX20B 11 NZXéV2B 11 PBLS4002D 39 PBSS302PZ 43 PBSS4160U 35 PBSS5250X 36 PDTA114EE 32 PDTA143XU 32 PDTC123YM 32 PEMB16 B8]
NZX20C 11 NzZXévaC 11 PBLS4003D 39 PBSS303ND 34 PBSS4160V 35 PBSS5250X 43 PDTA114EM 32 PDTA143ZE 32 PDTC123YT 32 PEMB17 B8
NZX22A 11 NZX6V2D 11 PBLS4004D 39  PBSS303ND 42 PBSS4220V 35 PBSS5320D 36 PDTA114ET 32 PDTA143ZM 32 PDTC123YU 32 PEMB18 33
NZX22B 11 NZX6V2E 11 PBLS4005D 39  PBSS303NX 34 PBSS4230T 35 PBSS5320D 43 PDTA114EU 32 PDTA143ZT 32 PDTC124EE 32 PEMB19 33
NZX22C 11 NZX6V8A 11 PBLS6001D 39 PBSS303NX 42 PBSS4240DPN 38 PBSS5320T 37 PDTAM14TE 32 PDTA143ZU 32 PDTC124EM 32 PEMB2 B8
NZX24A 11 NZXéV8B 11 PBLS6002D 39 PBSS303NZ 34 PBSS4240T 35 PBSS5320T 37 PDTA114TM 32 PDTA144EE 32 PDTC124ET 32 PEMB20 33
NZX24B 11 NZX6V8C 11 PBLS6003D 39 PBSS303NZ 42 PBSS4240V 35 PBSS5320X 36 PDTA114TT 32 PDTA144EM 32 PDTC124EU 32 PEMB24 33
NzZX24C 11 NZX6V8D 11 PBLS6004D 39 PBSS303PD 36 PBSS4240Y 35 PBSS5320X 43 PDTA114TU 32 PDTA144ET 32 PDTC124TE 32 PEMB3 33
NZX24X 11 NZX7V5A 11 PBLS6005D 39 PBSS303PD 43 PBSS4250X 34 PBSS5330X 36 PDTA1M14YE 32 PDTA144EU 32 PDTC124TM 32 PEMB30 a3
NZX27A 11 NZX7V5B 11 PBLS6021D 39 PBSS303PX 36 PBSS4250X 42 PBSS5330X 43 PDTA114YM 32 PDTA144TE 32 PDTC124TT 32 PEMB4 33
NZX278B 11 NZX7V5C 11 PBLS6022D 39 PBSS303PX 43 PBSS4320T 35 PBSS5350D 36 PDTA114YT 32 PDTA144TM 32 PDTC124TU 32 PEMB9 33
NzX27C 11 NZX7V5D 11 PBLS6023D 39 PBSS303PZ 36 PBSS4320X 34 PBSS5350D 43  PDTA114YU 32 PDTA144TT 32 PDTC124XE 32 PEMD10 33
NZX27X 11 NZX7V5X 11 PBLS6024D 39 PBSS303PZ 43 PBSS4320X 42 PBSS5350SS 38 PDTA115EE 32 PDTA144TU 32 PDTC124XM 32 PEMD12 88}
NZX2V4A 11 NZX8V2A 11 PBRN113ET 33 PBSS304ND 34 PBSS4330X 34 PBSS5350T 37 PDTA115EM 32 PDTA144VE 32 PDTC124XT 32 PEMD13 33
NZX2v4B 11 NZX8V2B 11 PBRN113ET 41 PBSS304ND 42 PBSS4330X 42 PBSS5350T 37 PDTA115ET 32 PDTA144VM 32 PDTC124XU 32 PEMD14 33
NZX2V7A 11 NZX8vaC 11 PBRN113ZT 33 PBSS304NX 34 PBSS4350D 34 PBSS5350X 36 PDTA115EU 32 PDTA144VT 32 PDTC143EE 32 PEMDI15 33
NZX2V7B 11 NZX8V2D 11 PBRN113ZT 41 PBSS304NX 42 PBSS4350D 42 PBSS5350X 43 PDTA115TE 32 PDTA144VU 32 PDTC143EM 32 PEMD16 28]
NZX2v7C 11 NZX9VIA 11 PBRN123ET 33 PBSS304NZ 34 PBSS4350SPN 38 PBSS5350Z 36 PDTA115TM 32 PDTA144WE 32 PDTC143ET 32 PEMD17 33
NZX30A 11 NZX9V1B 11 PBRN123ET 41  PBSS304NZ 42 PBSS4350SS 38 PBSS5350Z 43  PDTA115TT 32 PDTA144WM 32 PDTC143EU 32 PEMD18 33
NZX30B 11 NZX9V1C 11 PBRN123YT 33  PBSS304PD 36 PBSS4350T 35 PBSS5480X 36 PDTA115TU 32 PDTA144WT 32 PDTC143TE 32 PEMD19 33
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NZX36A 11 P4337CX18/LF/E 49 PBRP123ET 33 PBSS305ND 34 PBSS4480X 42 PBSS5540Z 36 PDTA123JM 32 PDTB123YT 33 PDTC143XT 32 PEMD4 33
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NZX36C 11 PBHV8115T 40 PBRP123YT 33 PBSS305NX 34 PBSS4520X 42 PBSS5560PA 37 PDTA123JU 32 PDTC114EM 32 PDTC143ZE 32 PEMDé6 33
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NZX3V6C 11 PBHV9115X 40 PBSS301ND 42 PBSS306NX 34 PBSS5120T 37 PBSS8110Y 35 PDTA124EM 32 PDTC114YU 32 PDTC144TT 32 PEMH18 33
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NZX4V7B 11 PBLS1504Y 39 PBSS301PZ 36 PBSS3515M 37 PBSS5160T 37 PBSS9110X 43 PDTA124XT 32 PDTC123EE 32 PDTC144WU 32 PEMT1 28
NZX4v7C 11 PBLS2001D 39 PBSS301PZ 43  PBSS3515VS 38 PBSS5160V 37 PBSS9110Y 37 PDTA124XU 32 PDTC123EM 32 PDTD113ET 33 PEMX1 28
NZX4v7D 11 PBLS2001S 39 PBSS302ND 34  PBSS3540E 37 PBSS5220T 37 PBSS9110Z 36 PDTA143EE 32 PDTC123ET 32 PDTD113ZT 33  PEMZ1 28

NZX5V1A 11 PBLS2002D 39 PBSS302ND 42  PBSS3540M 37 PBSS5220T 37 PBSS9110Z 43 PDTA143EM 32 PDTC123EU 32 PDTD123ET 33 PEMZ7 28
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