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NOTES:
1. ALL DIMENSIONS IN MILLIMETERS.
2. DIMENSIONING AND TOLERANCING PER ASME Y14.5M—1994.
S, THIS IS A NON—=JEDEC REGISTERED PACKAGE.
A COPLANARITY APPLIES TO LEADS.

5. TOTAL THICKNESS DOES NOT INCLUDE BURR.
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