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9 | 18 |Ceramic Capacitor |AVX Corp. 0402YC103KAT2A
8 | 7 |Resistor Yageo RC0402JR—-0710KL
7 1 11C Freescale Semi |MCSP3634MMVWC80
6 1 [IC Texas Instruments|CLVC16373AMDLREP
S 1 | Receiver Socket Advanced Intercon.[#8401TR
4 | 1 |Header FCI 68000—203HLF (ALTER HT. LESS 3mm)
S 1 11C National Semiconductor|LM3480IM3—3.3/NOPB
2 | 1 |TQ Socket Adapters.com 000-3064—81 (Less quide pins)
1 1 |PCB Freescale Semi [CDC1933
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VertiCal Base Board w/TQSocket
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