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The MC34940/MC33794 are intended for 
cost-sensitive applications where non-contact 
sensing of objects is desired. When connected to 
external electrodes, an electric field is created. The 
MC34940/MC33794 detects objects in this electric 
field. The IC generates a low-frequency sine wave, 
which is adjustable by using an external resistor 
and is optimized for 120 kHz. The sine wave has 
very low harmonic content to reduce harmonic 
interference. The MC34940/MC33794 also 
contains support circuits for a microcontroller unit 
(MCU) to allow the construction of a two-chip E-field 
system.

Features

� Supports 7 or 9 Electrodes
� Shield Driver for Driving Remote Electrodes 

Through Coaxial
� High-Purity Sine Wave Generator Tunable 

with External Resistor
� Response Time Tunable with External 

Capacitor
� Can support up to 28 touch pad sensors 

(MC34940)
� Pb-Free and RoHS compliant (MC34940)
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1.0 E-Field Sensing: An Alternative Solution to Control 
Panel Applications

Human touch can be a useful tool. Control panels, appliances, heavy machinery, toys, lighting 
controls, and anything that has a mechanical switch or push button requires some sort of human 
interaction to operate. Traditionally, push buttons are made out of mechanical switches and/or 
multi-layer resistive touch pads that can deteriorate and become less dependable over time. This 
is because most of these switches require physical displacement and pressure which are 
susceptible to wear-out, contact bounce, corrosion and arcing.

The MC34940/MC33794 Electric Field Imaging devices from Freescale offer an alternative to 
mechanical push buttons for control panel applications. The MC34940/MC33794 Integrated 
Circuits (IC) contain the circuitry necessary to generate a low level electric field and measure the 
field loading caused by objects moving into or out of the field. It is ideal for applications that 
require non-contact sensing, proximity detection, and three-dimensional e-field imaging. The ICs 
integrate support for a microcontroller and 7 to 9 electrodes, which can be used independently 
to determine the size or location of an object in a weak electric field. 

With the MC34940/MC33794, membrane switches and resistive touch pads can be replaced with 
an array of touch pads consisting of conductive electrodes embedded beneath an insulating 
surface. Since it has the capability of sensing touch and proximity through the insulating surface, 
without direct electrical contact with the electrode metal, problems of wear, contamination, and 
corrosion are eliminated. This capability is also important for sophisticated touch control 
applications, including a user interface panel that is sensitive to different degrees of proximity � 
enabling the system to go from standby to active mode as a finger approaches the panel. 

Further, one of the MC34940/MC33794 key features that surpass simple capacitive-based 
sensors is its on-board shield driver. Touch pads do not have to be combined and located at one 
centralized location. With proper shielding, coaxial cables or PCB layers can be used to connect 
remote touch pads up to a few meters away, while obtaining measurements as accurately as if 
the touch pads were directly connected to the IC. The MC34940/MC33794 does this by driving 
a signal on the shield of the coax or a PCB trace which closely follows the signal conductor 
voltage. The current which flows through the electric field between two conductors is proportional 
to the voltage difference between them. With little or no voltage difference between them, there 
is little or no current flow between the electrode conductor and the shielding trace or coax shield. 
In a cook top application, for example, this capability allows the activation touch pads for an 
individual burner to be in different places, rather than at the usual centralized location, without 
requiring a separate IC at each location. The same IC could be used to activate the down-draft 
vent and oven with their touch control near what they are controlling. 

The potential for the chip goes well beyond touch panel applications. Target applications of the 
IC includes appliances, machine tools, security systems, and automotive safety systems. From 
liquid level sensing, to occupant classification, to theft detection, the applications list for the 
MC34940/MC33794 are growing.

2.0 How the MC34940/MC33794 E-Field Sensors Work
The MC34940/MC33794 electric field is derived by the oscillator circuitry within the IC which 
generates a high purity, low frequency, 5 V peak-to-peak sine wave. This frequency is tunable by 
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an external resistor and is optimized for 120 kHz. This AC signal is fed through an internal 22 kΩ 
resistor, to a multiplexer which directs the signal to the selected electrode or reference pin or to 
an internal measurement node. Unselected electrodes are automatically connected to the circuit 
ground by the IC. 

These deselected electrodes can act as the return path needed to create the electric field current, 
since in order to create current flow, the current must follow a complete path: out of the electrode 
pin and back to the common ground of the IC GND pin. Thus, an electric field will cause a current 
to flow between the active electrode and any object with an electrical path to the IC ground, 
including deselected electrodes. 

The current flowing between the electrode and its surrounding grounds will result in a voltage 
drop across the internal resistance. This, in turn, results in a voltage change at the pin. An 
on-board detector in the IC converts the AC signal to DC level. The DC level is then low-pass 
filtered using an internal series resistor and an external parallel capacitor. This DC voltage is 
multiplied, offset and sent to the LEVEL pin of the IC. 

To help reduce application development cycle times, Freescale offers an evaluation module for 
the MC33794, called KIT33794DWBEVM and an evaluation model for the MC34940 called 
DEMO1985MC34940. This application note will focus on the use of the KIT33794DWBEVM, 
however the same principles apply for the evaluation kit DEMO1985MC34940 for the MC34940. 
Besides the different E-Field sensor IC, the main difference between the kits is the resolution of 
the onboard MCU. The KIT33794 uses an 8-bit ADC while the DEMO1985MC34940 uses a 
10-bit ADC. When applying the data in the application note to the DEMO1985MC34940 please 
note that all the values in this note were recorded in an 8-bit ADC while all data reported by the 
DEMO1985MC34940 are reported in 10- or 12-bit values.

The KIT33794DWBEVM kit includes an MC33794DWB, a preprogrammed Freescale 
68HC908QY4 8-bit microcontroller, an RS-232 communication IC, and other passive supporting 
components on a Printed Circuit Board. The 8-bit microcontroller converts the analog signal from 
the MC33794 into a 8-bit byte. The MCU transmits this value to a computer via its COM port. A 
Windows type program is included in the kit. This program displays the measured A-to-D value 
in real time along with its corresponding analog bar graph. The program can be made to scan all 
of the electrodes.

3.0 Using the MC34940/MC33794 for Touch 
Control Applications

The MC34940/MC33794 can detect anything that is either conductive or has different dielectric 
properties than the electrodes� surroundings. Human beings are well suited for e-field imaging. 
This is because the human body is composed mainly of water that has a high dielectric constant 
and contains ionic matter which gives it good conductivity. The body also provides good electrical 
coupling to earth ground which can be connected to the ground return of the IC. Thus, when a 
finger is brought close to a metal electrode, an electrical path is formed, producing a change in 
electric field current that is detected by the MC34940/MC33794 and translated to a different 
output voltage. 
AN1985

Sensors 
Freescale Semiconductor 3



The things which need to be determined in the development of an MC34940/MC33794 touch 
panel application are:

1. Touch pad electrode layout and design.
2. The different dielectric materials for the surface of the panel.
3. The effect on e-field measurements of various environmental conditions.

The above matters were investigated using the available KIT33794DWBEVM evaluation 
module. Figure 1 displays the general setup using the kit.

Throughout the tests, all the generated data was obtained using a �calibrated� artificial finger 
equivalent to medium pressure applied by a finger based on actual tests and data. The artificial 
finger was designed to make the pressure applied to the panel consistent. The artificial finger 
was connected to ground and made from a copper rod with a surface area of 0.26 in2 and mass 
of 62 grams. 

Figure 1.  E-Field Evaluation Module Setup

3.1 Electrode Design
To understand how electrode designs effect the IC�s capabilities, it is important to understand the 
basic definition of a capacitor. A common capacitor uses an electric field and an insulating 
dielectric to allow current conduction to occur. It can be made by placing two metal plates in 
parallel with each other if the plates are separated by a distance �d� with each plate having an 
area of �A.� 

The capacitance of the capacitor can be calculated using the formula:

C = (kAε)/d 

where 
C is the capacitance of the capacitor in Farads
A is the area of the plates in meter2 
d is the distance between the plates in meters
k is the dielectric constant of the material between the plates

VB Program

COM Port Modem Cable

KIT33794DWBEVM

AC Adapter Plug
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ε is the permittivity (8.85 x 10-12 F/m)

From the above equation, it can be seen that area (A), distance/spacing (d ) , and the dielectric 
constant (k) are the three factors that affect the magnitude of the capacitance. At a given 
frequency and voltage of an applied signal, the capacitance controls the resulting electric field 
current flow. The output of the MC34940/MC33794 responds to variations in this current.

3.1.1 Size Matters 
An electrode can be anything that is electrically conductive. When designing the electrodes for 
any application, one must take into account the physical size of the conductive electrode. The 
larger the electrode, the more range and sensitivity will be obtained. However, as the electrode 
size is increased, so is its susceptibility to interference, electrical noise, and �stray� electric-field 
paths in its surroundings. One of the key practices regarding electrode design is for the 
electrode�s area to correspond with the surface area of the object being detected. Touch pads for 
touch panel applications, for example, would only require a size that suits the surface area of a 
finger.

3.1.2 Spacing
The area of the touch pads only needs to accommodate the contact area of the finger. This limits 
its usable size. Therefore, the distance or spacing factor will play a significant role on how the 
electrode should be laid out. Another factor which needs to be considered is how the fringing 
between the patterns adds to electric field current. 

Some of the electric field current will flow in the fringing field between a pair of electrodes. 
Figure 2 shows the direct field path between two conductors which are end-to-end and a few of 
the fringing field paths between the electrodes. If the ratio of the fringing field path to the direct 
path is held constant, the height of the fringing field relative to the plane of the electrodes 
increases in direct proportion with the spacing. Figure 2 shows pictorially how the height of the 
fringing field relative to the electrodes becomes greater as the two electrodes are moved further 
away from each other.

Figure 2. Fringing Fields and the Effects of Spacing

This fringing field allows an ungrounded object to be sensed in the �third� dimension above the 
essentially two dimensional array of electrodes, and the relative sensitivity for a given height 
above the plane of the electrodes increases with electrode spacing. It is important to note that 
the total current flow decreases with increased spacing. The point of this is that there is 
interaction between electrode size and spacing and their ability to sense objects in the third 
dimension. In the case of a grounded object, the fringing field will not play as much of a role since 

Closer spaced electrode Wider spaced electrodes

Fringing effect 
for closer spaced 

electrodes

Larger fringing 
effect for wider

spaced 
electrodes
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some of the current will flow directly to the grounded object from the electrode, but good 
electrode design should keep both of these effects in mind.

The MC34940/MC33794 works best when the total capacitance between an electrode and 
ground or another electrode close to 50 pF, when the finger is in the �activate� range. The total 
system capacitance should be below 75 pF and preferably below 65 pF for best sensitivity. This 
includes the IC pin, PWB trace, wire, and any other stray capacitance. Large electrodes should 
be used when distances are great, and small electrodes when distances are small.

3.1.3 Significance of Ground � Single Electrode Sensing
The placement of ground is important. As mentioned earlier, electric field currents can exist 
between the active electrode and any grounded object. By intertwining the electrode with ground, 
the essential ground source needed to create an e-field is directly accessible to the electrode. 
This path is less variable than the path through a body and earth and provides a more predictable 
and less noisy path. 

To investigate how variables in ground can effect the e-field measurement, we tested the ground 
phenomena with a two electrode design, a spiral and an inter-digitated layout. In addition, the 
width of the ground electrode intertwined with a signal electrode was varied to determine how 
much ground area affects the readings. One electrode-ground test configuration was designed 
with ground having the same width as the electrode, and another with the ground electrode 
thinner than the signal electrode. We designed touch pads which had an area large enough to 
accommodate a typical finger in a square shape with a length and width of 0.6 in. The dimensions 
of the electrodes are displayed in Figure 3.

Figure 3. Intertwined Electrode and Ground Designs and Dimensions

The e-field loading for each touch pad is displayed in Figure 4. This figure shows the difference 
in measurement, not the absolute reading of the electrodes. A 4.5 mil (�.0045) thick vinyl film was 
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used as an insulator over the patterns. The 2 top bars show the readings for a ground with the 
same width as the electrodes. The bottom 2 are for the electrodes where the grounded electrode 
is thinner than the signal electrode. The bar graph shows that the layout with the narrower ground 
electrode provided a slightly greater amount of difference in comparison to the design with 
ground having the same width.

The practice of intertwining electrodes with ground is more important when the electrodes 
connected to the IC�s pins are at a distance from each other. When electrodes are close to each 
other, the adjacent electrodes could act as the ground source needed to create the field current. 
This is due to the IC connecting the deselected electrodes to ground; making the deselected 
electrode often act as the ground return path needed to allow an electric field current to flow.

Figure 4. Results of Electrode-Ground Configuration Multiplexed Electrodes

3.1.4 Multiplexed Electrodes
A single MC34940/MC33794 can support as many as 7/11 electrodes which can be used 
independently to map the location and area of an object. By employing multiple electrodes, it is 
possible to get an idea about the size and shape of an object influencing the 
MC34940/MC33794�s electric field depending on which electrodes indicate a change in their 
electric field current. 

A panel that requires only a few push buttons could use a single electrode for each touch pad. 
Doing this would limit an application using a single MC34940/MC33794 to a maximum of 7/11 
simple single element electrode buttons, corresponding to the 7/11 available electrode pins in the 
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IC. By intertwining multiple electrodes in each touch pad, many more touch pads could be 
supported by a single MC34940/MC33794.

To determine the best method to maximize the use of the available electrode connections on the 
IC, a number of design layouts were analyzed. For this investigation, we designed touch pads 
that had two, three, and four intertwined electrodes.

When integrating multiple electrodes in one touch pad, the electrode was laid out so that when 
a finger is over a touch pad, there is an even distribution of the finger�s surface area over each 
of the electrodes. Numerous geometric arrangements and shapes were investigated to 
determine the best way to construct the electrodes in a square area. The inter-digitated 
configuration like the two right side drawings in Figure 4 were found to be the best layout for 
intertwining two electrodes when a thin membrane is used to cover the touch pads. When a thick 
overlay (4 mm glass) is placed above the touch pads, it is best to use a pattern that maximizes 
the surface area of the button. The inter-digitated had two comb-like patterns with the teeth of 
the combs meshed with each other but not touching each other. An inter-digitated configuration 
allows for an exact distribution of each electrode and allows the system to detect the same 
loading from each electrode when in the presence of a finger. 

Further extending this idea, two electrodes in a single touch pad could be organized by 
multiplexing the electrode following a column-row configuration. Increasing the number of rows 
and/or columns in the array will provide more electrode combinations. With this configuration, a 
single IC could detect as many as 20 individual push buttons. Figure 5 highlights the column-row 
configurations.

Figure 5. Multiplexed Electrodes Following a Column-Row Configuration

The electrode layout gets more complex as the number of electrodes in each touch pad 
increases. For three intertwined electrodes, a spiral like geometry is suitable as shown in 
Figure 6. Although the exposed electrode surface areas are not exactly equal to each other, 
when a finger is placed over the center of the pad, the currents will be reasonably close to the 
same. For four intertwined electrodes, the layout design had electrodes following an �S� shape. 
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Again, when a finger is over the center of the pad, it would be able to cover the majority of each 
electrode�s exposed area. 

When intertwining five or more electrodes, the design gets more complex. One must take into 
account the size of the available area for the touch pads when determining the maximum number 
of electrodes in a touch pad. The number of electrodes is limited by the width and spacing 
requirements of the electrodes and the minimum area of each electrode for the required 
sensitivity. 

Earlier, we discussed electrodes which were intertwined with ground in order to form a path for 
the field current. In a multiplexing configuration, a separate ground does not have to be 
intertwined because the IC automatically connects the unselected electrodes to ground. For 
example, in the case of the two intertwined electrodes following an inter-digitated configuration 
and connected to E1 and E2, when E1 is selected, E2 (the deselected electrode) acts as the 
ground return to produce the field current between the two electrodes. After the system has gone 
through the measurement process for E1, the role of the two electrodes are then reversed (e.g. 
E2 is selected for measurement while E1 is connected to ground). The same phenomenon is 
present for touch pads with three and four intertwined electrodes. 

These layouts were tested using a 4.5 mil vinyl covering. The difference in loading can be seen 
in the graph of Figure 6. 

Figure 6. Difference in E-Field Loading Resulting from 2, 3, and 4 
Intertwined Electrodes in a Push Button
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Figure 7. Two, Three, and Four Electrodes Ideally Intertwined to Form a Touch Pads

The top four bar pairs of the graph display the value obtained having two intertwined electrodes 
(like Figure 3). The measurements are very similar to each other. For the three intertwined 
electrodes, the difference in measurement is still visible, having about a third less magnitude 
than the ones with two intertwined electrodes. The reading from a touch pad with four intertwined 
electrodes shows even lower sensitivity. The reduction in sensitivity as the number of intertwined 
electrodes is increased is due to the reduction of area in each of the electrodes.

The reduction of sensitivity as the number of intertwined electrodes is increased can be offset by 
a thinner or higher dielectric constant cover over the touch pads. Conversely, the thickness and 
dielectric constant of the covering may limit the number of inter-twined electrodes. 

The electrode layout and design used to measure the data in Figure 6 is displayed in Figure 7. 
Where 2 bars are together in Figure 6, the bars are showing the different measurements for each 
electrode when using 2 intertwined electrodes in the touch pads. Three bars together are for 3 
intertwined electrodes and the group of four are for 4 intertwined electrodes in touch pads.

The number of touch pads supported by the available electrode connections is more than a 
simple multiplexing scheme might appear to indicate. Touch pads made of 1, 2, 3, 4 or more 
electrodes can all be used in the same system. For instance E1 could be intertwined with a circuit 
ground electrode to form a touch pad which would show only E1 being affected when it is 
selected by a finger. In the same application E1 and E2 can be intertwined to form a touch pad 
so that a finger selecting it would affect both electrodes. Since both electrodes are affected in this 
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touch pad and only E1 was affected in the other touch pads, the one being selected can be 
determined. 

Table 1 shows the 45 touch pads electrode combinations possible using 1 and 2 electrodes per 
touch pad with the 9 electrodes available on the MC33794. This gives some idea of the power of 
electric field multiplexing. If combinations of 1, 2 and 3 electrodes were used per touch pad, the 
number of possible unique touch pads a single MC33794 could support grows to 126!

Table 1.  1 and 2 Electrode Touch Pad Combinations 
Electrode=> A B C D E F G H I Electrodes
touch pads touch pads

↓ ↓
1 X 1
2 X 1
3 X 1
4 X 1
5 X 1
6 X 1
7 X 1
8 X 1
9 X 1
10 X X 2
11 X X 2
12 X X 2
13 X X 2
14 X X 2
15 X X 2
16 X X 2
17 X X 2
18 X X 2
19 X X 2
20 X X 2
21 X X 2
22 X X 2
23 X X 2
24 X X 2
25 X X 2
26 X X 2
27 X X 2
28 X X 2
29 X X 2
30 X X 2
31 X X 2
32 X X 2
33 X X 2
34 X X 2
35 X X 2
36 X X 2
37 X X 2
38 X X 2
39 X X 2
AN1985
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3.1.5 Electrode�Isolated or a Unit?
Electrically conductive electrodes can be attached directly to the MC34940/MC33794 electrode 
pins via wire or coax cable. The IC SHIELD pin allows coaxial cable to be used without reducing 
sensitivity or adding variations due to changes in the coax capacitance. The signal from the 
SHIELD pin is a buffered version of the signal driving the selected electrode. It has the same 
amplitude and phase. This reduces amplitude of the electric field between the center conductor 
and the shield of the coax to nearly 0. This results in nearly zero field current between them and 
doesn�t add to the field current at the electrodes.

The electrodes of a touch pad can be formed directly on Printed Circuit Boards (PCB) using 
copper circuit traces. We formed the electrodes used in Figure 3 (electrode intertwined with 
ground) and Figure 6 (two, three, four intertwined electrodes) this way. The field current of the 
wires used to connect the IC pins to the electrodes was reduced by placing a copper layer 
connected to the shield pin over the signal traces. This is shown in Figure 8. This practice also 
hides the exposed wires from the plate to be contacted by the user. This prevents false 
indications of a touch when a finger touches an area above the routing traces. 

Figure 8. Wires Covered with Conductive Plate Connected to the 
SHIELD Pin to Minimize Effective Capacitance of Wire

Further, an electric current could flow in the field created from the touch pad to an object above 
or below it. Since we want the field to only propagate on top of the touch pads, Figure 9 shows 
how we eliminated the effective capacitance on the back side of the touch pad by placing a 
conductive layer under all of the touch pads and connected it to the shield driver pin of the IC. 

40 X X 2
41 X X 2
42 X X 2
43 X X 2
44 X X 2
45 X X 2

Table 1.  1 and 2 Electrode Touch Pad Combinations (continued)
Electrode=> A B C D E F G H I Electrodes
AN1985
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Figure 9. Shielded Conductive Plate Placed Under Touch Pads to Remove Bottom Fringing Path

When touch pads are close together, it is possible that a finger could be over more than one 
touch pad at a time. In this case, the analog levels from the IC can be used to determine which 
of the electrodes has more coverage. In a column-row configuration, for example, when a finger 
with its surface area distributed between buttons A and B (as in Figure 10), E1 will attain a great 
amount of loading, while E3 and E4 will also detect some difference in measurements. Software 
can determine which of the electrodes (E3 or E4) will have a higher amount of loading difference. 
The higher reading of E3 or E4, when combined with E1 would then be chosen to perform 
whatever particular task was intended. 

Figure 10. An Array of 2x2 Inter-Integrated Electrodes Following a Column-Row Configuration

3.2 Dielectric Material for Panel Coverings
In order to have a non-direct electrical connection, electrodes must be covered with an insulator. 
When selecting the proper material for the surface of the touch panel, one must take into 
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consideration the thickness and the composition of the material. The thickness and the dielectric 
constant of the insulator both play a significant role in the sensitivity of the system. 

To determine how the e-field is affected by the insulator�s thickness and composition, we tested 
the touch panel setup with the different materials and thicknesses listed in Table 2.

Table 2. Dielectric Materials with Different Thicknesses and Dielectric Constants

Data for Figure 12 through Figure 16 was obtained using an inter-digitated touch pad 
configuration with the same dimensions as in Figure 3. Note that throughout the experiment, the 
existence of air (k = 1) was minimized between the cover and the electrode in order to obtain the 
best results.

3.2.1  Dielectric Constant
A material with high dielectric constant (k) will help propagate the field through to the front of the 
panel better than a low dielectric constant material, enabling the system to better detect an object 
at the surface. 

As seen in Figure 12, the difference in e-field measurements was quite noticeable between 
polypropylene, polyester film, and flexible vinyl film. Also notice that despite the greater thickness 
of the flexible neoprene rubber, a very large difference in loading was noted. This is due to its 
high dielectric constant and, perhaps, its pliable nature. Neoprene (k = 5) allows the field to 
propagate through it with around 3 times the magnitude of polypropylene plastic (k = 1.5).

In general, the results show what we would expect. Increasing thickness reduces sensitivity. 
Increasing dielectric constant increases sensitivity. A good example is the comparison between 
glass and nylon. The glass is thicker than the nylon but shows a larger change because of its 
higher dielectric constant.

3.2.2 Insulation Thickness
An interesting exception to this generalization is soft neoprene rubber. Its dielectric constant is, 
at best only twice that of flexible vinyl film but its thickness is more than 4 times as much. The 
sensitivity is around twice as much. It would be expected to be half as sensitive. One possible 
explanation for this is the compliance of the rubber and its porosity. As the rubber is compressed, 
the small internal air pockets get squeezed such that more of the path is through the solid part 
of the rubber which has a much higher dielectric constant. If this theory is correct, the dielectric 

D ie lectr ic  M ater ia l T h ic k n ess (m il) k  
A cry lic  8 4 .5  2 .7 -4 .5  
G lass 7 4 .5  7 .5  

N ylo n  P lastic  6 8 .0  3 .0 -5 .0  
P o lycarb o na te  6 1 .0  2 .9 -3  

P V C  (P o lyv in y l ch lo rid e) 5 9 .5  3 .1 8  
P o lysty re ne  4 3 .0  2 .4 -2 .6  

S o ft N eo p rene  R ub b er 3 8 .0  5  
P o lyp ro p yle ne  1 4 .0  1 .5  
P o lyeste r F ilm  1 0 .0  3 .2  

F lex ib le  V in y l F ilm  9 .0  2 .8 -4 .5  
A ir - 1  

W ater - 8 0  
Ice  - 3 .2  
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constant effectively increases as pressure is put on it. Further, the thickness is reduced as 
pressure is put on the rubber which would also increase the amount of change. The bottom line 
is that soft neoprene rubber would make a great covering for the electrodes.

Figure 11. Difference in E-Field Loading with Varying Materials as Panel

In general, the thinner the insulation, the more sensitive the touch pads are to touch. In order to 
investigate this more thoroughly, the same test was applied for polyester film (k = 3.2) with 
thicknesses that varied from 1 mil to 10 mils. The tests were done using 2 inter-digitated 
electrodes. The results are shown in Figure 12. The strong relationship between thickness and 
sensitivity is quite visible in this curve.
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Figure 12. Data with Polyester Film (k = 3.2) Varying in Thickness 

3.3 Environment Effects
The different dielectric materials from Table 1 were tested under various conditions to determine 
the effect of moisture or oil on the surface and for the effect of gloves. This was done to measure 
how naturally occurring conditions might affect an application using this technology. Moisture is 
often encountered in outdoor applications, and oils can build up when people touch the panel.

3.3.1 Influence of Oil and Moisture
Figure 13 shows the results obtained with oil on the surface. The oil did not significantly affect 
the readings, due to the low dielectric constant of oil (vegetable oil, k = 3). Comparing the results 
with that of Figure 11, it can be seen that the oil film on top of the material actually improved the 
detection of the finger. This is due to the oil filling the air gaps in the finger print. Its higher 
dielectric constant increased the amount of current created by the field.
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Figure 13. Difference in E-Field Loading Under Influence of Oil (k = 3) 

Water was put on the surface of the panel and the data in Figure 14 was obtained. The amount 
of change in the output was better than when using oil. It was noticed that there was more effect 
on the adjacent touch pads. This is probably due to the higher current path provided by the high 
dielectric constant water from the finger to the other electrodes. This could be a problem requiring 
some change in the physical design of the panel. Wider separation of the touch pads reduces 
the effect. The slope of the panel to make water run off it would help. A material which �sheds� 
water might also be beneficial. 
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Figure 14. Difference in E-Field Loading Under the Influence of Water (k = 80)

3.3.2 Effect of Gloves
Another test applied to the system was that of using a gloved finger. The data shows that a 
gloved finger is difficult to detect. The gloves add distance between the surface of the panel and 
the finger. The glove used in the experiment was rather thick and was made of cotton materials 
with dielectric constant close to air (k = 1.3-1.4). The data is shown in Figure 15. 

For this application an electrode that is responsive to a degree of pressure would be more 
suitable. Instead of depending on the finger�s capacitance, a conductive membrane could be 
embedded behind a flexible panel and would alter the reading based on the applied pressure. 

Another option is based on the large amount of change that was detected from the soft neoprene 
rubber. This gave rise to another experiment. A piece of neoprene was placed above the 
electrode in such a way that there was a gap of air between the electrode and the rubber. When 
pressure was placed on top of the rubber by a finger, the air between the rubber and the 
electrode was eliminated and a great amount of difference (almost a count of 40) was detected. 
This was because the field current is primarily limited by the low dielectric constant of air in the 
gap between the neoprene and the touch pads. When pressure was applied by the finger, the 
rubber closed this air-gap providing a lower impedance to the field current between the 
interwoven ground and sense electrodes. 

1All the generated data was obtained using a �calibrated� artificial finger equivalent to a medium pressure applied by a finger 
based on actual tests and data. The rod finger is designed in an effort to keep the pressure controlled. The artificial finger is 
connected to ground and is made out of copper rod with a surface area of 0.26 in2 and mass of 61900.76 mg.
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Figure 15. Difference in E-Field Loading Measured 
with the Presence of a Gloved Finger

3.3.3 Effects of Temperature
Another test that was conducted was observing how the MC34940/MC33794 system was 
affected by heat and frost.

The first occurrence observed was how the references reach a particular value for every given 
temperature, as shown in Table 3. 

Frequency and other component values may change over time or be affected by environmental 
variables such as temperature and humidity. To compensate for this, the MC33794 relies on two 
reference inputs, Ref A and Ref B, that would be connected to temperature stable capacitors. 
When using the MC34940, simply connect the capacitors to regular electrode inputs. When 
selecting the electrode to read the capacitor, allow enough time for the capacitor to charge before 
taking a reading. One capacitor is chosen with a capacitance near the expected minimum 
capacitance, while the other is chosen with a capacitance near the maximum capacitance to be 
expected at the electrodes. These reference capacitances and their corresponding measured 
voltages provide a pair of value that can be used to correct errors in the electrode measurements 
caused by temperature, aging or other component related changes.

The curves in Figure 16 display the occurrence of increasing reference A and B values with 
decreasing temperature.
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Table 3. Ref A and B versus Temperature Table

Figure 16. A-to-D Value of Ref A and Ref B Based on Varying Temperature

From the above lists of materials, neoprene, polypropylene, polyester and vinyl film were also 
tested to determine the effect on e-field measurements with variations in temperature (-20°C to 
43°C). 

Figure 17 highlights the difference in loading for a touch pad with inter-digitated electrodes for 
different insulation materials over varying temperature. Note that the curves in Figure 16 and 
Figure 17 have opposite temperature coefficients. This is how the correction can be done. Since 
the capacitors don�t change their capacitance over temperature, the current through them would 
be expected to stay the same. Since the readings do change, it can be assumed that the 
measurements of the unknown field currents would change a proportionate amount. The 
correction method is to subtract the change in the reference capacitor from the readings taken. 
In other words, if the reference readings go up by 3 counts, subtract 3 counts from the electrode 
values to obtain a �corrected� value. The best correction would use a �normalization� technique 
using the 2 reference values to correct for both offset and gain drift.

deg. Fahrenheit -5 0 10 20 30 40 50 60 70 80 90 100 110 
deg. Celcius -20 -18 -12 -7 -1 4 10 16 21 27 32 38 43 
Ref A 179 178 178 177 176 175 174 173 173 172 171 170 169 
Ref B 75 74 72 69 66 64 61 58 55 52 50 47 45 
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Figure 17.  Difference in E-Field Loading with System Under the Influence of Varying Temperature

4.0 Summary
When developing a touch panel using the MC34940/MC33794 ICs the following key points 
should be kept in mind:

� The size of the electrode should correspond to the size of the object operating the panel, 
such as a finger or palm. The area of the electrodes should be made as large as possible 
within this constraint. 

� The insulator over the touch pads should be as thin as possible with as high a dielectric 
constant as possible.

� Multiplexing can dramatically increase the number of touch pads supported by a single IC.
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� If you anticipate that the device will be affected by excessive moisture make sure the 
panel is mounted at an angle to aid in water run-off.

� The reference correction method should be used to offset the effects of temperature and 
component drift.

� The MC34940/MC33794 can support many other things than touch controls. These 
devices can be maximized by using any left over electrodes for liquid level sensing and 
proximity detection.
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