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Philips Semiconductors PC board footprint
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Reflow soldering

PACKAGE gUH'II'II_lIIID\ISE N FOOTPRINT DIMENSIONS (mm) PLACEMENT
NAME CODE P A B c D1 D2 F G H K M | ACCURACY
SSOP14 SOT337-1 | 14 | 065 | 810 | 570 | 120 | 040 | 040 | 835 | 650 | 455 | 555 | 4.30 +0.15
SSOP16 SOT338-1 | 16 | 065 | 810 | 570 | 120 | 040 | 040 | 835 | 650 | 520 | 555 | 4.95 +0.15
SSOP16 SOT369-1 | 16 | 065 | 680 | 480 | 100 | 040 | 040 | 7.05 | 555 | 555 | 7.05 | 4.95 +0.15
SSOP16 SOT519-1 | 16 | 0635 | 640 | 400 | 120 | 040 | 040 | 665 | 5151 | 5151 | 665 | 4.845 +0.15
SSOP20 SOT266-1 | 20 | 065 | 68 | 48 | 100 | 040 | 040 | 665 | 685 | 685 | 705 | 6.25 +0.15
SSOP20 SOT339-1 | 20 | 065 | 810 | 590 | 110 | 040 | 040 | 835 | 750 | 650 | 555 | 6.25 +0.15
SSOP24 SOT340-1 | 24 | 065 | 810 | 590 | 110 | 040 | 040 | 835 | 850 | 780 | 555 | 7.55 +0.15
SSOP24 SOTS56-1 | 24 | 0635 | 640 | 400 | 120 | 040 | 040 | 665 | 895 | 770 | 665 | 7.385 +0.15
SSOP28 SOT341-1 | 28 | 065 | 810 | 590 | 110 | 040 | 040 | 835 | 1050 | 910 | 560 | 885 +0.15
SSOP48 SOT370-1 | 48 | 0635 | 1060 | 820 | 120 | 040 | 040 | 1085 | 1615 | 15255 | 7.80 | 15005 +0.15
SSOPS6 SOT371-1 | 56 | 0635 | 1060 | 820 | 120 | 040 | 040 | 1085 | 1870 | 17.795 | 7.80 | 17.545 +0.15
TSSOP8 SOT505-1 | 8 | 065 | 540 | 320 | 110 | 040 | 050 | 600 | 360 | 315 | 370 | 255 +0.15
TSSOP10 SOTS52-1 | 10 | 050 | 540 | 320 | 110 | 025 | 040 | 600 | 370 | 315 | 390 | 250 +0.15
TSSOP14 SOT402-1 | 14 | 065 | 680 | 460 | 110 | 040 | 040 | 7.05 | 525 | 455 | 465 | 4.30 +0.15
TSSOP16 SOT403-1 | 16 | 065 | 680 | 460 | 110 | 040 | 040 | 7.05 | 525 | 525 | 705 | 495 +0.15
TSSOP20 SOT360-L | 20 | 065 | 680 | 460 | 110 | 040 | 040 | 7.05 | 675 | 675 | 705 | 6.25 +0.15
TSSOP24 SOT355-1 | 24 | 065 | 68 | 460 | 110 | 040 | 040 | 7.05 | 805 | 805 | 705 | 7.55 +0.15
TSSOP28 SOT361-1 | 28 | 065 | 68 | 460 | 110 | 040 | 040 | 7.05 | 995 | 910 | 470 | 885 +0.15
TSSOP32 SOT487-1 | 32 | 065 | 850 | 610 | 120 | 040 | 040 | 875 | 1125 | 10446 | 640 | 10.15 +0.10
TSSOP38 SOT510-1 | 38 | 050 | 680 | 460 | 110 | 0285 | 0285 | 7.05 | 990 | 990 | 705 | 9.29 +0.10
TSSOP48 SOT362-1 | 48 | 050 | 850 | 650 | 100 | 0285 | 0.285 | 9.75 | 13035 | 13035 | 9.75 | 11785 +0.10
TSSOPS6 SOT364-1 | 56 | 050 | 850 | 650 | 100 | 0285 | 0.285 | 9.75 | 15035 | 15035 | 9.75 | 13.785 +0.10
VS040 SOTI58-1 | 40 | 0762 | 1260 | 820 | 220 | 040 | 040 | 1300 | 1620 | - - - +0.10
VS040 SOT158-2 | 40 | 0762 | 1260 | 820 | 220 | 040 | 040 | 1300 | 1620 | - - - +0.10
VS056 SOT190-1 | 56 | 075 | 1610 | 1190 | 210 | 040 | 040 | 1650 | 2220 | - - - +0.10
VS056 SOT190-2 | 56 | 075 | 1610 | 1190 | 210 | 040 | 040 | 1650 | 2220 | - - - +0.10
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